
Baths, block digital dry, Isotemp™

Fisherbrand Isotemp Digital Dry Baths/Block Heaters offer 
a range of configurations with interchangeable modular 
blocks for a variety of application needs. Designed for 
basic to advanced applications with a maximum 
temperature of 130°C, a timer and available in 1, 2 and 
4 block sizes.

• Digital controls and display of time and temperature

•  Advanced internal temperature sensing probe for outstanding temperature accuracy and 

control

• Precise temperature control with PID circuit

• Temperature calibration enables to offset the temperature to desired value

• Timer allows the user to accurately monitor the heating time

•  Wide range of interchangeable aluminum alloy heat blocks provide versatility and allow for 

easy cleaning and disinfecting

• Powder-coated steel body construction ensures durability

• Built-in over-temperature protection device warrants sample and user safety

• Unit must be ordered with block(s)

• Warranty: Two years

Cat. No Description Temp. range
Height, 
mm

Width, 
mm

Length, 
mm

Blocks
Time to max. 
temp

Pack 
qty

15387928
Single block 
dry bath

Ambient +5° 
to 130°C 100 200 288 Single ≤ 20 min. 30° 

to 130°C 1

15397928
Dual block 
dry bath

Ambient +5° 
to 130°C 100 200 318 Dual ≤ 20 min. 30° 

to 130°C 1

15317938
Four block 
dry bath

Ambient +5° 
to 130°C 100 200 450 Four ≤ 20 min. 30° 

to 130°C 1

Blocks for Isotemp™ digital dry 
baths/block heaters

•  A wide selection of block accessories for the 

Fisherbrand digital and touch screen dry baths/block 

heaters (not compact models)

• Blocks for most tube sizes and applications

Cat. No Description Number of places Pack qty

15327948 1 x 96-well Elisa block 1 1

15347938 28 x 1.5mL block 28 1

15357938 28 x 2.0mL block 28 1

15327938 46 x 6mm dia. block 46 1

15337938 28 x 10mm dia. block 28 1

15367938 24 x 13mm dia. block 24 1

15387938 12 x 18mm dia. block 12 1

15397938 8 x 20mm dia. block 8 1

15307948 6 x 25mm dia. block 6 1

15377948 Mixed block, 0.5mL and 0.2mL 30 1

15347948 Mixed block, 1.5mL and 2.0mL 18 1

15337948 Mixed block, 6mm and 10mm dia. 32 1

15357948 Mixed block, 22mm, 13mm and 6mm dia. 3 1

15317948 40 x 0.5mL block 40 1

15387948 15mL flat-bottom tube block 15 1

15397948 50mL flat-bottom tube block 4 1

15307958 15mL conical tube block 15 1

15317958 50mL conical tube block 4 1

15337958 96-well non-skirted PCR 1 1

15347958 96-well half / full-skirted PCR 1 1

Bath, dry, mini

• Compact footprint, (d x l x h), mm: 120 x 

140 x 60

• Stability at 37°C ±0.1°C

• Homogeneity: ±0.1°C to 37°C

• Timer: 0 to 19h:59min, or continuous

• Warranty: One year

Cat. No Description Pack qty

12186560
Mini dry bath digital block heater, integral 12 x 1.5mL block, anodised aluminium, 
optional rack for rapid loading/unloading 1

Cleaning baths, ultrasonic, unheated, 
S-line

• State of the art microprocessor controlled ultrasonic 

cleaning and sweep technology

• Long lifespan from cavitation resistant stainless steel 

tanks

• LED display showing set and remaining time

• Ergonomically shaped plastic carrying handles

• Newly developed cover reduces noise

• Easy draining of cleaning liquid though the drain duct 

via a dial on the side

• Operating panel arranged so that liquid cannot enter the electronics

• Degas function key

• Warranty: One year

Cat. No Volume, L
Dimensions, external 
(w x d x h), mm

Carrying 
handles

Power, W Mass, kg Pack qty

10611983 0.8 206 x 116 x 178 No 30 2.0 1

10708304 1.75 175 x 180 x 212 No 35 2.1 1

10692353 2.75 300 x 179 x 214 Yes 80 3.3 1

10602363 4.25 300 x 179 x 214 Yes 140 4 1

10335822 5.75 365 x 186 x 264 Yes 150 5.1 1

10758684 6.9 568 x 179 x 214 Yes 150 5.6 1

10592163 9.4 568 x 179 x 264 Yes 150 6.4 1

10192512 9.5 365 x 278 x 264 Yes 150 5.9 1

10071012 12.75 365 x 278 x 321 Yes 200 7.5 1

11832370 14 568 x 340 x 224 Yes 200 3.3 1

10623683 18.0 390 x 340 x 321 Yes 200 8.5 1

10485982 28.0 568 x 340 x 321 Yes 300 11.0 1

BATHS

Optimise your cooling and heating applications with a comprehensive range of block heaters and general purpose or shaking water baths and, additionally, enhance your cleaning results with a 
wide choice of ultrasonic cleaner bath units. Whatever your requirement, all our Fisherbrand baths have a compact bench footprint and user-friendly operation making them the perfect choice for 
your lab.  
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Lids, plastic, for ultrasonic baths

• For use with Fisherbrand ultrasonic cleaners

Cat. No For use with Pack qty

10060892 0.8L baths 1

10235232 1.75L baths 1

10560243 2.75L and 4.25L baths 1

10798294 5.75L baths 1

11846244 6.9L and 9.4L baths 1

10487912 9.5L and 12.75L baths 1

10798484 18L baths 1

10345962 28L baths 1

11706208 45L baths 1

11716208 90L baths 1

Cleaning baths, ultrasonic, analogue, 
heated, S-line

• State of the art microprocessor controlled ultrasonic 

cleaning and sweep technology

• Long lifespan from cavitation resistant stainless steel tanks

• LED display showing set and remaining time and pre-set 

and actual temperature

• Ergonomically shaped plastic carrying handles

• Newly developed cover reduces noise and accelerates the 

heating up process

• Easy draining of cleaning liquid though the drain duct via a 

dial on the side

• Operating panel arranged so that liquid cannot enter the electronics

• Degas function key

• Warranty: One year

Cat. No Volume, L
Dimensions, external 
(w x d x h), mm

Carrying 
handles

Power, W Mass, kg Pack qty

10591203 0.8 206 x 116 x 178 No 90 2.0 1

10551783 1.75 175 x 180 x 212 No 95 2.1 1

10162372 2.75 300 x 179 x 214 Yes 280 3.3 1

10215332 4.25 300 x 179 x 264 Yes 340 4.0 1

10345822 5.75 365 x 186 x 264 Yes 550 5.1 1

10395912 6.9 568 x 179 x 214 Yes 750 5.6 1

10663113 9.4 568 x 179 x 264 Yes 750 6.4 1

10239491 9.5 365 x 278 x 264 Yes 550 5.9 1

10204762 12.75 365 x 278 x 321 Yes 1000 7.5 1

10102762 18 390 x 340 x 321 Yes 1000 8.5 1

15280147 28.0 568 x 340 x 321 Yes 1500 11 1

10366012 45 615 x 370 x 467 Yes 2000 25 1

10427912 90 715 x 570 x 467 Yes 2800 42 1

Cleaning baths, ultrasonic, heated, 
digital P-Line

For all applications in analytical, industrial and medical 

laboratories, including intensive cleaning applications.

• Significantly more powerful than conventional ultrasonic 

units

• Practical and easy to operate with clear display 

showing set and actual parameters

• Multi-frequency

• 37kHz for standard applications

• 8kHz for prolonged cleaning time, ideal for the treatment of very small and sensitive KSP

• Units feature normal, pulse, sweep, degas and power control functions

• Warranty: One year

Cat. No Volume, L
Dimensions , 
external
(w x d x h), mm

Dimensions , 
internal
(w x d x h), mm

Power, W Sonics, W
Pack 

qty

11718029 2.75 240 x 137 x 100 300 x 179 x 221 320/300 480/400 1

11728029 5.75 300 x 151 x 150 365 x 186 x 271 580/550 720/600 1

11738029 6.9 505 x 137 x100 568 x 179 x 221 820 880 1

11748029 12.75 300 x 240 x 200 365 x 278 x 321 1130 1320 1

11758029 18 327 x 300 x 200 390 x 340 x 321 1130 1320 1

11768029 28 505 x 300 x 200 568 x 340 x 321 1580 1320 1

Baskets, stainless steel, 
for ultrasonic baths

• For use with Fisherbrand ultrasonic cleaner series

• Stainless steel

Cat. No For use with Dimensions, internal (l x w x h), mm Pack qty

11726188 0.8L baths 177 x 73 x 30 1

11736188 1.75L baths 177 x 73 x 30 1

10241320 2.75L baths 198 x 106 x 50 1

11746188 4.25L baths 190 x 105 x 75 1

11756188 5.75L baths 255 x 115 x 75 1

11766188 6.9L baths 465 x 106 x 50 1

11776188 9.4L baths 455 x 106 x 75 1

11786188 9.5L baths 255 x 200 x 80 1

11796188 12.75L baths 250 x 190 x 115 1

11709118 14L baths 455 x 250 x 55 1

10614913 18L baths 280 x 250 x 115 1

11706198 28L baths 455 x 250 x 115 1

11786198 45L baths 455 x 270 x 194 1

11796198 90L baths 545 x 450 x 250 1
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